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Product Information Packet: Model No: K1550, Catalog No:K1550  1/150 HP C-Frame / Skeleton Motor, 3000 RPM, 120 Volts, OAO

Nameplate Specifications

Output HP 1/150 Hp Output KW 0.01 kW

Frequency 60 Hz Voltage 120 V

Current .92 A Speed 3000 rpm

Service Factor 1 Phase 1

Duty Continuous Air Over Insulation Class B

Frame C-FRAME Enclosure Open Air Over

Thermal Protection Thermally Protected Ambient Temperature 40 °C

UL Recognized CSA Y

CE N Number of Speeds 1

Technical Specifications

Electrical Type Shaded Pole Starting Method Across The Line

Poles 2 Rotation Counterclockwise Shaft End

Mounting Extended Studs Drive End Bearing Sleeve

Opp Drive End Bearing Sleeve Frame Material Steel

Shaft Type Flat Frame Length 1.64 in

Shaft Diameter 0.217 in Shaft Extension 1.624 in

Outline Drawing 71583125

This is an uncontrolled document once printed or downloaded and is subject to change without notice. Date Created:11/29/2022
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120 V       60 Hz      1.00 LRA      .92 FLA
Max Amb: 40°C        Ref. 1/150 HP 
T.P.     B     3000 RPM     AO

Model: K1550

99583125

71583125
Assembled in Mexico   

CUSTOMER: FASCO DIST. APPLICATION:
CUSTOMER PN: K1550 MOTOR WEIGHT: 1 LB.

ENVIRONMENT:

MOTOR TYPE REFERENCE SAMPLE
MOTOR, C-FRAME

B LA FR A S C E B A
00 58 52 X 16 BA 5 A 0

TYPICAL PERFORMANCE AT 120 VOLTS 60 HZ    
IDLE LOADED LOCKED BREAK

MOTOR SPEED RPM AMP WATT IN OZ RPM AMP WATT IN OZ AMP WATT IN OZ
3350 .90 41 2.0 3000 .92 45 2.4 1.00 57 3.8
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NOTES:

SHAFT EXTENSION MEASURED WITH END PLAY PUSHED IN.1.
NO SHIMS REQUIRED ON BACK END.  SHIM FRONT END WITH (1) PC 245 OR (1) PC 246 2.
AND 1 MINIMUM TO 4 MAXIMUM OF PC 247 AS REQUIRED TO MAINTAIN SPECIFIED ENDPLAY. 
NOTE PC 247 MUST BE AGAINST BEARING.
APPLY (1) DROP OF LUBRICANT TO AID START UP.3.
ROTOR CORE, STATOR CORE AND STATOR BAR ASSEMBLIES ARE COATED WITH TWIN EMULSION.4.
MOTOR MUST START AT 70 VOLTS.5.
HIPOT PER 88834420.6.

FOLD PC 138 IN HALF AROUND CORD.7.
PACK 1 MOTOR AND 1 FAN PER CONTAINER, 42 CONTAINERS PER LAYER, 6 LAYERS PER PALLET, 252 MAX. PER PALLET.8.
PLACE FLAT PAD ON PALLET, BETWEEN EACH LAYER AND ON TOP OF PALLET LOAD.  
CARTON LABELS MUST ALL FACE ONE DIRECTION TOWARD THE OPEN END OF THE PALLET.  SEE 88834408.9.
NO PACKAGING TAPE OVER CARTON LABEL.10.

138  7
 PLUG NEMA 1-15P
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